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DPLL_IVA_CLKOUT_M2

1500.0 MHz

Frequency: 1064.0 MHz

DPLL_IVA_CLKOUT_M2 signal
indicate "1064.0MHz.
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IVA_GCLK signal also
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Register

AMS72X.CM_CLKSEL_DPLL_IVA

indicate 1064MHz.
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