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	C150-2
	C152-2
	C153-1
	FB7-1
	Q19-1
	Q19-2
	Q19-5
	Q19-6
	R45-2
	U7-3
	U7-15
	U7-31


	P2_ETH_MG_RXM-
	Pins
	U4-26
	U26-4

	NetLabels
	P2_ETH_MG_RXM-
	P2_ETH_MG_RXM-


	P2_ETH_MG_RXP+
	Pins
	U4-27
	U26-1

	NetLabels
	P2_ETH_MG_RXP+
	P2_ETH_MG_RXP+


	P2_ETH_MG_TXM-
	Pins
	U4-29
	U27-4

	NetLabels
	P2_ETH_MG_TXM-
	P2_ETH_MG_TXM-


	P2_ETH_MG_TXP+
	Pins
	U4-30
	U27-1

	NetLabels
	P2_ETH_MG_TXP+
	P2_ETH_MG_TXP+


	P2_ETH_RJ45_RXM-
	Pins
	CN3-2
	U26-5

	NetLabels
	P2_ETH_RJ45_RXM-


	P2_ETH_RJ45_RXP+
	Pins
	CN3-1
	U26-8

	NetLabels
	P2_ETH_RJ45_RXP+


	P2_ETH_RJ45_TXM-
	Pins
	CN3-6
	U27-5

	NetLabels
	P2_ETH_RJ45_TXM-


	P2_ETH_RJ45_TXP+
	Pins
	CN3-3
	U27-8

	NetLabels
	P2_ETH_RJ45_TXP+


	P2_ETH_SW_RXM-
	Pins
	U4-15
	U7-11

	NetLabels
	P2_ETH_SW_RXM-
	P2_ETH_SW_RXM-


	P2_ETH_SW_RXP+
	Pins
	U4-14
	U7-10

	NetLabels
	P2_ETH_SW_RXP+
	P2_ETH_SW_RXP+


	P2_ETH_SW_TXM-
	Pins
	U4-12
	U7-14

	NetLabels
	P2_ETH_SW_TXM-
	P2_ETH_SW_TXM-


	P2_ETH_SW_TXP+
	Pins
	U4-11
	U7-13

	NetLabels
	P2_ETH_SW_TXP+
	P2_ETH_SW_TXP+


	P3_ETH_MG_RXM-
	Pins
	U4-35
	U28-4

	NetLabels
	P3_ETH_MG_RXM-
	P3_ETH_MG_RXM-


	P3_ETH_MG_RXP+
	Pins
	U4-34
	U28-1

	NetLabels
	P3_ETH_MG_RXP+
	P3_ETH_MG_RXP+


	P3_ETH_MG_TXM-
	Pins
	U4-32
	U29-4

	NetLabels
	P3_ETH_MG_TXM-
	P3_ETH_MG_TXM-


	P3_ETH_MG_TXP+
	Pins
	U4-31
	U29-1

	NetLabels
	P3_ETH_MG_TXP+
	P3_ETH_MG_TXP+


	P3_ETH_RJ45_RXM-
	Pins
	CN2-2
	U28-5

	NetLabels
	P3_ETH_RJ45_RXM-


	P3_ETH_RJ45_RXP+
	Pins
	CN2-1
	U28-8

	NetLabels
	P3_ETH_RJ45_RXP+


	P3_ETH_RJ45_TXM-
	Pins
	CN2-6
	U29-5

	NetLabels
	P3_ETH_RJ45_TXM-


	P3_ETH_RJ45_TXP+
	Pins
	CN2-3
	U29-8

	NetLabels
	P3_ETH_RJ45_TXP+


	P3_ETH_SW_RXM-
	Pins
	U4-6
	U7-20

	NetLabels
	P3_ETH_SW_RXM-
	P3_ETH_SW_RXM-


	P3_ETH_SW_RXP+
	Pins
	U4-7
	U7-19

	NetLabels
	P3_ETH_SW_RXP+
	P3_ETH_SW_RXP+


	P3_ETH_SW_TXM-
	Pins
	U4-9
	U7-23

	NetLabels
	P3_ETH_SW_TXM-
	P3_ETH_SW_TXM-


	P3_ETH_SW_TXP+
	Pins
	U4-10
	U7-22

	NetLabels
	P3_ETH_SW_TXP+
	P3_ETH_SW_TXP+


	P3_SW_LED1_0_SPEED
	Pins
	R238-1
	U7-106

	NetLabels
	P3_SW_LED1_0_SPEED
	P3_SW_LED1_0_SPEED


	P3V3
	Pins
	J2-1


	P4_ETH_MG_RXM-
	Pins
	U4-36
	U30-4

	NetLabels
	P4_ETH_MG_RXM-
	P4_ETH_MG_RXM-


	P4_ETH_MG_RXP+
	Pins
	U4-37
	U30-1

	NetLabels
	P4_ETH_MG_RXP+
	P4_ETH_MG_RXP+


	P4_ETH_MG_TXM-
	Pins
	U4-39
	U31-4

	NetLabels
	P4_ETH_MG_TXM-
	P4_ETH_MG_TXM-


	P4_ETH_MG_TXP+
	Pins
	U4-40
	U31-1

	NetLabels
	P4_ETH_MG_TXP+
	P4_ETH_MG_TXP+


	P4_ETH_RJ45_RXM-
	Pins
	CN1-2
	U30-5

	NetLabels
	P4_ETH_RJ45_RXM-


	P4_ETH_RJ45_RXP+
	Pins
	CN1-1
	U30-8

	NetLabels
	P4_ETH_RJ45_RXP+


	P4_ETH_RJ45_TXM-
	Pins
	CN1-6
	U31-5

	NetLabels
	P4_ETH_RJ45_TXM-


	P4_ETH_RJ45_TXP+
	Pins
	CN1-3
	U31-8

	NetLabels
	P4_ETH_RJ45_TXP+


	P4_ETH_SW_RXM-
	Pins
	U4-5
	U7-26

	NetLabels
	P4_ETH_SW_RXM-
	P4_ETH_SW_RXM-


	P4_ETH_SW_RXP+
	Pins
	U4-4
	U7-25

	NetLabels
	P4_ETH_SW_RXP+
	P4_ETH_SW_RXP+


	P4_ETH_SW_TXM-
	Pins
	U4-2
	U7-29

	NetLabels
	P4_ETH_SW_TXM-
	P4_ETH_SW_TXM-


	P4_ETH_SW_TXP+
	Pins
	U4-1
	U7-28

	NetLabels
	P4_ETH_SW_TXP+
	P4_ETH_SW_TXP+


	P5_SW_LED1_2_100
	Pins
	R112-1
	U7-90

	NetLabels
	P5_SW_LED1_2_100
	P5_SW_LED1_2_100


	P12V_LIGHT_PWM
	Pins
	U10-C18

	NetLabels
	P12V_LIGHT_PWM

	Ports
	P12V_LIGHT_PWM


	P48V_CMRA1_EN
	Pins
	U10-A14

	NetLabels
	P48V_CMRA1_EN

	Ports
	P48V_CMRA1_EN


	P48V_CMRA1_PWR1
	Pins
	F8-1


	P48V_CMRA2_EN
	Pins
	U10-A13

	NetLabels
	P48V_CMRA2_EN

	Ports
	P48V_CMRA2_EN


	P48V_CMRA2_PWR2
	Pins
	F7-1


	P48V_CMRA3_EN
	Pins
	U10-B13

	NetLabels
	P48V_CMRA3_EN

	Ports
	P48V_CMRA3_EN


	P48V_CMRA3_PWR3
	Pins
	F6-1


	P48V_CMRA4_EN
	Pins
	U10-D12

	NetLabels
	P48V_CMRA4_EN

	Ports
	P48V_CMRA4_EN


	P48V_CMRA4_PWR4
	Pins
	F5-1


	PMIC_MP_WAKEUP
	Pins
	U10-C5

	NetLabels
	PMIC_MP_WAKEUP

	Ports
	PMIC_MP_WAKEUP


	PMIC_POWR_EN
	Pins
	U10-C6

	NetLabels
	PMIC_POWR_EN

	Ports
	PMIC_POWR_EN


	RJ_EARTH
	Pins
	C1-2
	CN1-MH1
	CN1-MH2
	CN2-MH1
	CN2-MH2
	CN3-MH1
	CN3-MH2
	CN4-MH1
	CN4-MH2


	SW_INTR_N
	Pins
	R62-1
	U7-48
	U10-C13

	NetLabels
	SW_INTR_N
	SW_INTR_N

	Ports
	SW_INTR_N
	SW_INTR_N


	SW_MII_MDC
	Pins
	R240-1
	U7-107
	U10-M18

	NetLabels
	SW_MII_MDC
	SW_MII_MDC
	SW_MII_MDC

	Ports
	SW_MII_MDC
	SW_MII_MDC


	SW_MII_MDIO
	Pins
	R239-1
	U7-108
	U10-M17

	NetLabels
	SW_MII_MDIO
	SW_MII_MDIO
	SW_MII_MDIO

	Ports
	SW_MII_MDIO
	SW_MII_MDIO


	SW_MII_PCOL
	Pins
	R109-1
	U10-H16

	NetLabels
	SW_MII_PCOL
	SW_MII_PCOL

	Ports
	SW_MII_PCOL
	SW_MII_PCOL


	SW_MII_PCRS
	Pins
	R108-1
	U10-H17

	NetLabels
	SW_MII_PCRS
	SW_MII_PCRS

	Ports
	SW_MII_PCRS
	SW_MII_PCRS


	SW_MII_PMRXCLK
	Pins
	R81-1
	U10-L18

	NetLabels
	SW_MII_PMRXCLK
	SW_MII_PMRXCLK

	Ports
	SW_MII_PMRXCLK
	SW_MII_PMRXCLK


	SW_MII_PMRXD0
	Pins
	R106-1
	U10-M16

	NetLabels
	SW_MII_PMRXD0
	SW_MII_PMRXD0

	Ports
	SW_MII_PMRXD0
	SW_MII_PMRXD0


	SW_MII_PMRXD1
	Pins
	R105-1
	U10-L15

	NetLabels
	SW_MII_PMRXD1
	SW_MII_PMRXD1

	Ports
	SW_MII_PMRXD1
	SW_MII_PMRXD1


	SW_MII_PMRXD2
	Pins
	R101-1
	U10-L16

	NetLabels
	SW_MII_PMRXD2
	SW_MII_PMRXD2

	Ports
	SW_MII_PMRXD2
	SW_MII_PMRXD2


	SW_MII_PMRXD3
	Pins
	R94-1
	U10-L17

	NetLabels
	SW_MII_PMRXD3
	SW_MII_PMRXD3

	Ports
	SW_MII_PMRXD3
	SW_MII_PMRXD3


	SW_MII_PMRXDV
	Pins
	R88-1
	U10-J17

	NetLabels
	SW_MII_PMRXDV
	SW_MII_PMRXDV

	Ports
	SW_MII_PMRXDV
	SW_MII_PMRXDV


	SW_MII_PMRXER
	Pins
	R107-1
	U10-J15

	NetLabels
	SW_MII_PMRXER
	SW_MII_PMRXER

	Ports
	SW_MII_PMRXER
	SW_MII_PMRXER


	SW_MII_PMTXCLK
	Pins
	R69-1
	U10-K18

	NetLabels
	SW_MII_PMTXCLK
	SW_MII_PMTXCLK

	Ports
	SW_MII_PMTXCLK
	SW_MII_PMTXCLK


	SW_MII_PMTXD0
	Pins
	R50-2
	R235-1
	U7-55

	NetLabels
	SW_MII_PMTXD0
	SW_MII_PMTXD0
	SW_MII_PMTXD0

	Ports
	SW_MII_PMTXD0
	SW_MII_PMTXD0


	SW_MII_PMTXD1
	Pins
	R51-2
	U7-54

	NetLabels
	SW_MII_PMTXD1
	SW_MII_PMTXD1

	Ports
	SW_MII_PMTXD1
	SW_MII_PMTXD1


	SW_MII_PMTXD2
	Pins
	R234-2
	U7-53

	NetLabels
	SW_MII_PMTXD2
	SW_MII_PMTXD2

	Ports
	SW_MII_PMTXD2
	SW_MII_PMTXD2


	SW_MII_PMTXD3
	Pins
	R48-2
	U7-52

	NetLabels
	SW_MII_PMTXD3
	SW_MII_PMTXD3

	Ports
	SW_MII_PMTXD3
	SW_MII_PMTXD3


	SW_MII_PMTXEN
	Pins
	R49-2
	U7-51

	NetLabels
	SW_MII_PMTXEN
	SW_MII_PMTXEN

	Ports
	SW_MII_PMTXEN
	SW_MII_PMTXEN


	SW_MII_R_PCOL
	Pins
	R109-2
	R123-1
	U7-68

	NetLabels
	SW_MII_R_PCOL
	SW_MII_R_PCOL


	SW_MII_R_PCRS
	Pins
	R108-2
	R122-1
	U7-67

	NetLabels
	SW_MII_R_PCRS
	SW_MII_R_PCRS


	SW_MII_R_PMRXCLK
	Pins
	R81-2
	U7-60

	NetLabels
	SW_MII_R_PMRXCLK


	SW_MII_R_PMRXD0
	Pins
	R106-2
	R120-2
	U7-65

	NetLabels
	SW_MII_R_PMRXD0
	SW_MII_R_PMRXD0


	SW_MII_R_PMRXD1
	Pins
	R105-2
	R249-1
	U7-64

	NetLabels
	SW_MII_R_PMRXD1
	SW_MII_R_PMRXD1


	SW_MII_R_PMRXD2
	Pins
	R101-2
	R246-1
	U7-63

	NetLabels
	SW_MII_R_PMRXD2
	SW_MII_R_PMRXD2


	SW_MII_R_PMRXD3
	Pins
	R94-2
	R243-1
	U7-62

	NetLabels
	SW_MII_R_PMRXD3
	SW_MII_R_PMRXD3


	SW_MII_R_PMRXDV
	Pins
	R88-2
	U7-61

	NetLabels
	SW_MII_R_PMRXDV


	SW_MII_R_PMRXER
	Pins
	R107-2
	R121-1
	U7-66

	NetLabels
	SW_MII_R_PMRXER
	SW_MII_R_PMRXER


	SW_MII_R_PMTXCLK
	Pins
	R69-2
	U7-57

	NetLabels
	SW_MII_R_PMTXCLK


	SW_MII_R_PMTXD0
	Pins
	R50-1
	U10-K17

	NetLabels
	SW_MII_R_PMTXD0


	SW_MII_R_PMTXD1
	Pins
	R51-1
	U10-K16

	NetLabels
	SW_MII_R_PMTXD1


	SW_MII_R_PMTXD2
	Pins
	R234-1
	U10-K15

	NetLabels
	SW_MII_R_PMTXD2


	SW_MII_R_PMTXD3
	Pins
	R48-1
	U10-J18

	NetLabels
	SW_MII_R_PMTXD3


	SW_MII_R_PMTXEN
	Pins
	R49-1
	U10-J16

	NetLabels
	SW_MII_R_PMTXEN


	SW_MII_SCONF0
	Pins
	R111-2
	U7-87

	NetLabels
	SW_MII_SCONF0
	SW_MII_SCONF0


	SW_MII_SCONF1
	Pins
	R110-2
	U7-86

	NetLabels
	SW_MII_SCONF1


	SW_PWRDN_N
	Pins
	R60-1
	U7-47
	U10-B12

	NetLabels
	SW_PWRDN_N
	SW_PWRDN_N

	Ports
	SW_PWRDN_N
	SW_PWRDN_N


	SW_RST_N
	Pins
	C194-1
	D15-2
	R78-1
	U7-115
	U10-C12

	NetLabels
	SW_RST_N
	SW_RST_N

	Ports
	SW_RST_N
	SW_RST_N


	SYSBOOT_0
	Pins
	U10-R1

	NetLabels
	SYSBOOT_0


	SYSBOOT_1
	Pins
	U10-R2

	NetLabels
	SYSBOOT_1


	SYSBOOT_2
	Pins
	U10-R3

	NetLabels
	SYSBOOT_2


	SYSBOOT_3
	Pins
	U10-R4

	NetLabels
	SYSBOOT_3


	SYSBOOT_4
	Pins
	U10-T1

	NetLabels
	SYSBOOT_4


	SYSBOOT_5
	Pins
	U10-T2

	NetLabels
	SYSBOOT_5


	SYSBOOT_6
	Pins
	U10-T3

	NetLabels
	SYSBOOT_6


	SYSBOOT_7
	Pins
	U10-T4

	NetLabels
	SYSBOOT_7


	SYSBOOT_9
	Pins
	U10-U2

	NetLabels
	SYSBOOT_9


	SYSBOOT_10
	Pins
	U10-U3

	NetLabels
	SYSBOOT_10


	SYSBOOT_11
	Pins
	U10-U4

	NetLabels
	SYSBOOT_11


	SYSBOOT_12
	Pins
	U10-V2

	NetLabels
	SYSBOOT_12


	SYSBOOT_13
	Pins
	U10-V3

	NetLabels
	SYSBOOT_13


	SYSBOOT_15
	Pins
	U10-T5

	NetLabels
	SYSBOOT_15


	UART_AIS_RXD
	Pins
	U10-E18

	NetLabels
	UART_AIS_RXD

	Ports
	UART_AIS_RXD


	UART_AIS_TXD
	Pins
	U10-E17

	NetLabels
	UART_AIS_TXD

	Ports
	UART_AIS_TXD


	UART_RXD_MC-MP
	Pins
	U10-D15

	NetLabels
	UART_RXD_MC-MP

	Ports
	UART_RXD_MC-MP


	UART_RXD_MP_DEBUG
	Pins
	U10-E15

	NetLabels
	UART_RXD_MP_DEBUG

	Ports
	UART_RXD_MP_DEBUG


	UART_TXD_MC-MP
	Pins
	U10-D16

	NetLabels
	UART_TXD_MC-MP

	Ports
	UART_TXD_MC-MP


	UART_TXD_MP_DEBUG
	Pins
	U10-E16

	NetLabels
	UART_TXD_MP_DEBUG

	Ports
	UART_TXD_MP_DEBUG


	USB0_DM
	Pins
	U10-N18

	NetLabels
	USB0_DM


	USB0_DP
	Pins
	U10-N17

	NetLabels
	USB0_DP


	USB0_DRVVBUS
	Pins
	U10-F16

	NetLabels
	USB0_DRVVBUS


	USB0_ID
	Pins
	R53-2
	U10-P16

	NetLabels
	USB0_ID


	USB0_VBUS
	Pins
	U10-P15


	USB1_DM
	Pins
	U10-R18

	NetLabels
	USB1_DM


	USB1_DP
	Pins
	U10-R17

	NetLabels
	USB1_DP


	USB1_DRVVBUS
	Pins
	U10-F15

	NetLabels
	USB1_DRVVBUS


	USB1_ID
	Pins
	R52-2
	U10-P17

	NetLabels
	USB1_ID


	USB1_VBUS
	Pins
	U10-T18


	VDD_3V3A
	Pins
	R239-2
	R240-2


	VDD_3V3B
	Pins
	C47-1
	C75-1
	C143-1
	D15-1
	FB6-1
	FB10-1
	Q19-4
	R45-1
	R57-2
	R60-2
	R62-2
	R78-2
	R97-2
	R111-1
	R113-2
	R120-1
	R121-2
	R122-2
	R123-2
	R235-2
	R243-2
	R246-2
	R249-2
	U11-8


	VDDA_ADC
	Pins
	C209-1
	C216-1
	C222-1
	U10-B9
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