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evice. Texas Instruments XDS2xx USB Debug Probe_0/C28xx_CPU2

Program/Memory Load Options| Program/Memory Load Options.

“Auto Run and Launch Options {8 Disable all breakpoints when loading a different program

Misc/Other Options (sl at program et for T complers (requires 3 breakpoint)

C28xx Disassembly Style Options (@ Enable CIO function use (requires setting a breakpoint)

Flash Settings = = i
Verfication Options

O Full verification
O Fast verification
O No verification

Connection Options

© Halt the target on 2 connect

(O Reset the target on a connect
Auto connect i a child connects

Disable interrupts
8 When assembly stepping
8 When source stepping
) When running

() Resetthe target on a program load of restart
() Restart the target on a symbol load as well a a program load
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Device Texas Instruments XDS2cx USB Debug Probe_0/C28x:_CPU2

Program/Memory Load Options.
Auto Run and Launch Options
Misc/Other Options.

C28x Disassembly Style Options

O Erase and Program
O Program Only
O Verity Only

() Perform Blank Check before loading data o Flash memory
8 Verity Flash after Program

8 Auto ECC Generation

Bank) Program CMDWEPROTA Ox

BankD Program CMDWEPROTB O

BankD Program CMDWEPROTNM 0x

Bank1 Program CMDWEPROTA Ox

Bank1 Program CMDWEPROTB Ox

Bank1 Program CMDWEPROTNM 0x

Bank2 Program CMDWEPROTA Ox

Bank2 Program CMDWEPROTB O

Bank2 Program CMDWEPROTNM 0x

Bank3 Program CMDWEPROTA Ox

Bank3 Program CMDWEPROTB O

Bank3 Program CMDWEPROTNM 0x

Banké Program CMDWEPROTA Ox

3
3
3
3
3
3
3
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3
3
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3
3

Banké Program CMDWEPROTB O

Banké Program CMDWEPROTNM 0x 0

CMDWEPROTA - Controls program/erase protection for first 32 sectors. Each bit allows users to enable/disable protection for each sector.
Eg: Bit 0 allows protection configuration for Sector 0. A value of O disables protection and a value of 1 enables protection from program/erase.

CMDWEPROTE - Controls program/erase protection for sectors 33 to 128. Each bit allows users to enable/disable protection for a group of eight sec
Eg:Bit 0 allows protection configuration for Sectors 32-39. A value of O disables protection and a value of 1 enables protection from program/erase.

CMDWEPROTNM - Controls the program protection for DCSM USER OTP. Bit 0 allows protection configuration for DCSM User OTP.
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