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¥ HDL2-June2708 [Code Composer Studio - Device Debugging]
4 Spectrum Digital XDSS10US Emulstor/Coc 0 (Running)
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10 ldef  podERORDR
1 et Tme
112
115 _main:
1T mop T0R,5
125 0ATST:
16 word  12,Po8R0
17 word  15,PoARL
15 lword s,PoAR2
19 word LL2aLtoct
120 word 2,L2aLLoC2
121 “word | 0x00000080,ENLFS_CE0 5 16 BIT SYIC HEH
122 lword  x30fo0383,ENIFE_CE3 5 16 BIT SYIC HeH
123 luord  oxo0000050, EMLFE_CE2
124 lword 011000108, ENIFD_CESECO
125 lword  e11100008, EMIFG CESEC2
126 lword 611100108, EMIFE_CESECS
127 luord 000000000001, TIHERG_CTRL
128 luord 0000000001, TIHER1_CTRL
129 luord 000000000001, TIHER?_CTRL
150 uord  4,TIMERO_PRD
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COT Build Console [HDL2-June2708]

=== Build of configuration Debug for project HDL2-June2708 ****

\\ti\\cesv7\\utils\\bin\\gmake
gmake[1]

“C:/users/kvallabhaneni /Desktop/HDL2_V306_112608/HDL2-June2708/ . . /Debug
/HDLE4.out" is up to date.

-k -j 8 all -0

=== Build Finished ****

29 ROV failed to stat.

Can't extract RTSC configuration package path from
C:/Users/kvallabhaneni/Desktop/HDL2 V306_12608/Debug/HDLE4.out'.

To correct path ssues:
For CCS projects, go to the project properties, ook under CCS Build->RTSC->Products
and Repositories, and ensure that all required products and repositories are checked. Or,
to set the default path settings for al applications built outside of CCS, goto
Window->Preferences..> CCs->RTSC->Products and Respositories. Finally, close and
re-open ROV (make sure ROV is closed in all perspectives). In older versions of CCS, you
will have to terminate and relaunch the debug session for the changes to take effect.

=]

- o x
[Quckhcee] | 18 | B

{oHe 2 =0

Beaddes v

B Contents &7 Search &8 Related Topics
Q@ Bookmarks B3 Index

System Analyzer Help > Tasks and Roadmaps
for System Analyzer > Troubleshooting RTOS.
Analyzer and System Analyzer Connections

If You Cannot
Connect to the

Target with Ethernet Transport

If you are using LoggerRunMode with the,
Ethemet transport and cannot connect o
the target, check the foll

B Verify that the UIA configuration
specifies the correct transports.

B Verify that the configuration code for
the target application includes the
tiuia services Rta module. You can
use the Tools > RTOS Object
(ROV) menu command in a CCS
debugging session to confim this

B Verify that the correct transport
functions were selected. You can do
this by looking at the
ti.uia sysbios Adaptor (or IpcMP)
transport functions.
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