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Minimum safe trip count  : 1

{MainDualA-DR3. s}
:/Users/kvallabhaneni/Desktop/HDL2_VF9_cat-hallfailtest-release/MainDuala-DR3

.sa”, ERROR!  at line 974:

No matching .loop specified outside .(c)proc

.endloop

"C: /Users/kvallabhaneni /Desktop/HDL2_VF9_cat-hallfailtest-release/MainDualA-DR3

.sa", ERROR!  at line 982:

No matching .loop specified outside .(c)proc

.endloop

.sa", ERROR!  at line 987

No matching .loop specified outside .(c)proc

~endloop

Users/kvallabhaneni/Desktop/HDL2_VF_cat-hallfailtest-release/Mainbuala-DR3

5 errors, 0 warnings, 0 others
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