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155 uint32_t uildErrors, uil2ld

157

hss  //

159 // Enable lazy stacking for interrupt handlers. This allows floating-point
160 // instructions to be used within interrupt handlers, but at the expense of
161 // extra stack usage.

e 7/

163 ROM FPULazyStackingEnable();
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hes /s

166 // Set the clocking to run directly from the crystal.

o7 7/

163 ROM SysCtlClockSet(SYSCTL_SYSDIV_L | SYSCTL_USE OSC | SYSCTL_OSC_MATH |

169 SYSCTLXTAL_1612) ;

h70
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172 // Initielize the UART interface.

s/

174 ConfigureUART();

175

176 UARTprintf(*\@33[238it banding...\n");

w77

h7s /)]

179 JsysTick timer. It will be used as a reference
180 // for delay loops. The SysTick timer period will be set up for one

181 // second.

s 7/

153 ROM SysTickPeriodSet(ROM SysCtlClocket());
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154 main(void)

uint32_t uis2Errors, uis2ldx;
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