1:   I used a TCP/UDP tool on the PC side, in this tool setting is following:

    The TCP/UDP tool as server, cc3235s as client
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14{

15 uints_t checkSum - @;

16 wifilocalPara.Headl = 8x55;

17 wifilocalPara.Head2 = BxAb;

15 memset((uints_t*)8wifilocalPara,,sizeof (wifilocalPara));

B erttermec

20 wifilocalPara.serveripAddr(e]

21 wifilocalPara.serveripAddr(1]

22 wifilocalPara.serveripAddr(2]

23 wifilocalPara.serveripAddr(3] !

24

25 wiFiLocalPar‘a.ser‘vsr‘Por‘t

26 strepy(wifilocalPara.ssid,"taiche56");

27 strepy(wifilocalPara.passud,"66566666");
28//  strepy(wifilocalPara.ssid, efme8a”);
297/ strepy(wifilocalPara.passwd,”62596535");
30 checkSun = make sum((uintS_t*)SwifilocalPara,sizeof (wifilocalPara)-1);

31 wifilocalPara
391

~checksum =

checksum;
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The data must be send as the:

 55 aa 16 00 a1 00 00 00 00 00 03 04 01 01 bf
If the data is not this ,it can not be translate to the serial pc through cc3235s, if you use the data ,it can be translate to the serial of pc as following:

2:  my serial tool is sscom:
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I can not find the english version, you can yse putty or other seiral tools. The data for serial tool send to cc3235s is as following:

55 AA 71 00 a1 09 94 30 00 00 36 0A B1 3D 03 A9 13 BA 25 BA 25 B9 10 7B 90 4A 91 05 F1 80 09 18 01 A0 11 A0 1C D7 A0 7C 11 C1 12 E0 12 C0 12 F1 2A A3 1B 96 8B 12 B8 49 B4 0B 11 8B 31 9C 40 99 28 A2 1C 12 D1 28 C2 2A A2 4D 02 C3 A0 2D 31 E2 1C 21 C2 A1 0A 39 10 A1 2C 12 B9 03 1D 92 3A C8 42 CA 41 AB 32 9E 23 9B 03 1B B4 2B B2 50 E2 1B 77

