1:My wifi is 5G.
2:And my data is :

the data1 from pc uart to server is as:

55 AA 71 00 a1 09 94 30 00 00 36 0A B1 3D 03 A9 13 BA 25 BA 25 B9 10 7B 90 4A 91 05 F1 80 09 18 01 A0 11 A0 1C D7 A0 7C 11 C1 12 E0 12 C0 12 F1 2A A3 1B 96 8B 12 B8 49 B4 0B 11 8B 31 9C 40 99 28 A2 1C 12 D1 28 C2 2A A2 4D 02 C3 A0 2D 31 E2 1C 21 C2 A1 0A 39 10 A1 2C 12 B9 03 1D 92 3A C8 42 CA 41 AB 32 9E 23 9B 03 1B B4 2B B2 50 E2 1B 77

Just like following
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the data1 from server to pc uart is as:

55 aa 16 00 00 a1 00 00 00 00 00 03 04 01 01 bf
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