
5

5

4

4

3

3

2

2

1

1

D D

C C

B B

A A
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STOP

RUN_nSTOP

FAN_ON

RUN_nSTOP

DC12V_IN

VCC_3V3

DC12V_IN
DC12V_IN

R11
10K/1%

R493
200K/1%

C17
1800pF/50V

SW3
AT1D-6M3
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R494
35K7/1%/DNI

TP2
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C16
470pF
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4.7uF/25V
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390pF

D5
4.7Vz

1
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10uF/25V
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8K06/1%/DNI

C9 0.1uF

C14

10uF/25V
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3.3uH/5.4A

1 2
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100uF/6.3V
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L6
75R@3A5(4516)

L5
75R@3A5(4516)

R8
1K78/1%

L3
75R@3A5(4516)

R6 100K/1%

R9
31K6/1%
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VIN
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VSENSE
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EN
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PH.1
11

PH.2
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BOOT
13
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SS/TR
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COMP
8
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100uF/6.3V
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