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( PTN78XXXW Note add in New Vout  at B23)

PTN780x0W(Wide Vout Range to 12.6V)

Max Vout= 12.6V, Minimum Vout =2.5V 

Data for Voltage Control on the PTN78000 W 

except L(Low voltage) Version 

EC=

External Control Voltage 

R0

54.90K

Internal feedback resistor for (EC) see resistor value

Va

2.50V

New Vout- new output voltage for Ec

Vo

2.50V

see preset voltage factory(EC)

Vref

1.25V

Reference- always 1.25V

R1

6.49k

 R1=6.49k - For (Ec) always resistor in series with pin Rset pin

Formula for EC control 

New Va

5.00V

New Vout

add in New Voltage for Ec voltage in B25 

Original Volt

2.50V

V

o

EC Voltage

0.954V

Voltage on pin Rset with internal R1 resistor =2.49k 

Formula for related DAC control Voltage to New Vout
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