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.+30V
1~5µH

Note:
Input Inductor recommended for attenuation input noise

Output inductors and ceramic capacitors suggested for Analog 
low noise filter  

Open Normal Output 
No Output Low to primary

Ground 

Ferrite bead 2773021447 
Fair-Rite

or 1-5uH inductor 

Ceramic Capacitors only Output  
and input filters 1-2.2 µF 

X5R or X7R only
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