Electrical Specification @ 25°C: Schematic:

Inductance: (5-4): 470 yH £10% @ 100KHz, 0.1V
_ . , . PRI SEC
Leakage Inductance:  (5-4): 11 pH Max @ 100KHz, 0.1V, with all other pins shorted 5 5 |l o 7
RDC: (5-4): 0.70 Q Max
(2-1): 1.9 Q Max 4 8
(7-8): 45.0 mQ Max 2 9
(9-10): 0.72 Q Max e e
Turns Ratio: (5-4):(2-1)=1:0.1746+5% @ 100KHz, 0.1V 1 10

(5-4):(7-8)=1:0.2540£5%
(5-4):(9-10)=1:0.0635+5%

Hipot: Pins (5-4) to pins (7,8,9,10) shorted: 3,000Vac 2 Sec. @ 1.0mA
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